THIS DRAWING IS UNPUBLISHED.

RELEASED FOR PUBLICATION 20

(C) coPYRIGHT 20

BY - ALL RIGHTS RESERVED.

CONNECTOR ASSEMBLY

OUTER HOUSING

EMI

REVISIONS

DESCRIPTION DATE DWN APVD

A RELEASED PER ECO-17-017419

28NOV2017 | MS JW

. MATERIALS:
OUTER HOUSING - NICKEL PLATED ZINC ALLOY PER ASTM B 240.
CONNECTOR HOUSINGS - LCP, UL 94V-0 RATED.
CHICKLETS - LCP, UL 94V-0 RATED.
CONTACTS - PHOSPHOR BRONZE.
EMI SPRINGS - COPPER ALLOY.

2. CONTACT FINISH:
CONFORMS TO THE REQUIREMENTS OF TYCO ELECTRONICS PRODUCT
SPECIFICATION 108-32065, BASED ON ETA/ECA-364-1000.01A,
(CONTROLLED ENVIRONMENT APPLICATIONS) ON MATING INTERFACES.
TIN ON COMPLIANT PINS.

3. PCB THICKNESS 1.57 MINIMUM.

Zﬁl FOR HOLE SIZE AND PLATINGS, SEE APPLICATION SPEC 114-32114.

Zﬁl CROSS HATCHED AREA INDICATES REQUIRED CONDUCTIVE AREA ON
SURFACE OF PCB. NO COMPONENTS OR TOP SIDE SURFACE TRACES
ALLOWED IN THIS AREA.

6. MOUNTING HARDWARE REQUIRED:
3K M2X0.4 - SCREW LENGTH = PCB THICKNESS + (2 TO 4).
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