
PIN 17PIN 1

PIN 8 PIN 24

2X 4-40 UNC-2A
THUMBSCREW

STRAIN RELIEF
LSZH, BLACK

.30 METER
  .44

11.3
 

 1.26
32.0

 

 1.0 FEET

.26
6.5

UL20276
4 TWISTED PAIR, INDIVIDUALLY SHIELDED, 28AWG COPPER
3 CONDUCTOR, 28AWG COPPER
1 TWIST PAIR, 28AWG COPPER
WITH ALUM/POLY FOIL SHIELD AND BRAIDED SHIELD
JACKET: LOW SMOKE ZERO HALOGEN, BLACK (100 Ω)
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NOTES:

ELECTRICAL PROPERTIES:
VOLTAGE TEST: DC 300V 
INSULATION RESISTANCE: 10.0M OHM MIN
CONDUCTIVE RESISTANCE: 2.0 OHM MAX

MISCELLANEOUS:
INSIDE MOLDED P2 END MUST USE COPPER FOIL AND
   SOLDER BRAID 360 DEGREE TO THE SHELL
CABLE ASSEMBLY SHALL BE UL CERTIFIED
CABLE ASSEMBLY SHALL BE TESTED FOR CONTINUITY.
CABLE ASSEMBLY SHALL BE INDIVIDUALLY PACKAGED IN 
ACCORDANCE WITH L-COM SPECIFICATION PS-0031.

REGULATORY COMPLIANCE:
CE2011/65/EU(RoHS DIRECTIVE)
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FSCM NO.
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CA DVI TO DP LSZH 1 FEET   

AUDIO/VIDEO

PROJECTION

UNLESS OTHERWISE SPECIFIED,

B.PUCHASKI

UNDIMENSIONED FEATURES

MAY OCCUR

OVERALL CABLE LENGTH TOLERANCE:
≤12 [305] = +1 [25] / -0

>12 [305] ≤60 [1524] = +2 [51] / -0
>60 [1524] ≤120 [3048] = +4 [102] / -0

>120 [3048] ≤300 [7620] = +6 [152] / -0
>300 [7620] = +5% / -0%

ALL OTHER DIMENSIONAL TOLERANCES:
.X = ± .2 [5.08]

.XX = ± .02 [.51]
.XXX = ±.005 [.13]


