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SPECIFICATIONS:
E Current Rating:PIN Number—A 20A;PIN E
Number—B 12A;Number—C D5A;
Operating Voltage: 500V MAX.
Voltate Rating: 2500V MAX.
— Contact Resistance: 5.0mQ MAX. —
Cable OD:¢4.0—911.5mm
64.0 REF Waterproof Standard:IP67
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N Metal Zinc Alloy Chrome Ptd. 1
— Contact Brass Gold Ptd. 2-121—
1 | Housing PBT 5
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