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Approximate Performance in Laboratory Tests
Tensile Strength: 6800 N

Direct Torque: 3 Nm
Body Torque: 0.8 Nm
Shear Strength: 1500 N
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Steel W/M4/REDE/OE/STIKG
M4 x 6.Qmm !—Iole Reduced Head Knurled Material Customer Part No.
Body Blind Rivet Nut - Open End
Finish Zinc & Clear Cr3 Web Ref No TR00022082-100
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