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ACCEPTANCE:
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1. Stranded or solid wires

2. Wire 0.D.: 0.95 - 1.00mm

3. Conductor: 22-26AWG / 0.40 - 0.65mm
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1. Materials:
Housing plastic: Polycarbonate UL 94-V0
Contact pin: 50u“/1.27um gold plated over nickel phosphor bronze
2. Contact resistance: 30 milliQ max.
3. Insulation resistance: DC 300V, 100 megaQ min.
4. Dielectric withstanding voltage: 300V, AC for 1 minute
5. Working temperature: 25°C ~ 55°C
6. Durability: 1000 mating cycles min.
7. Tensile strength between plug and jack is higher than 7.7kgf



