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5§58 | MATERIAL : A S
Sog BODY : POLYESTER 30% GLASSFILLED , UL94V-0, | '
£x3 COLOUR : BLACK :
CONTACTS : BRASS, GOLD OR TIN PLATED —@7-
PERFORMANCE CHARACTERISTICS '
OPERATING TEMPERATURE : -55°C TO 105°C DRILLING HOLE PATTERN
INSULATING RESISTANCE : 5000 Mn MIN.
TEST POTENTIAL : 2000 VAC
NOTES
1.CONNECTOR SUPPLIED FULLY LOADED WITH MACHINED PIN CONTACTS.
AU PLATED : SMS12GE4, AU FLASH : SMS12GE4J, TIN PLATED : SMS12GE4T
2 MATING PART SMS12P1 PLUG
S 3.PC-BOARD THICKNESS : 2.4 MM
’ 4 .DISCRIMINATION 1S GUARANTEED WITHOUT LOSS OF CONTACT POSITION WHEN USING SMSPKE3
A DISCRIMINATION PINS. FOR TECHNICAL INFORMATION ABOUT SMSPKE3 : SEE BS.C ,201424,003.
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