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MOLEX PNP/N:36921XXXX
MOLEX
BATCH WK/YR

NOTES
1. Cable assembly must pass 100% continuity and polarity test.
2. Label text must be 2mm max. In height with Arial font.
3. Connector view shown is from mating side.

ITEM MOLEX P/N DESCRIPTION QTY UOM
A,B 2074580004 L1NK 396 Receptacle Housing -1X4 2 PC
C 2074590004 L1NK 396 TPA -1X4 2 PC
D 455703002 KKGen2 156 Tin/nickel Crimp 18-20 FORMED 8 PC
E - LABEL 1 PC

FROM TO CABLE DESCRIPTION COLOR
A1 B4

18AWG PVC BK UL1015 HOOKUP WIRE BLACK
A2 B3
A3 B2
A4 B1

TABLE
PART NUMBER L1 L2 TITLE

369210400 75±5 25REF Link396 4 Circuit 75MM
369210402 150±10 63REF Link396 4 Circuit 150MM
369210403 300±15 138REF Link396 4 Circuit 300MM
369210410 1000±20 488REF Link396 4 Circuit 1000MM
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