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B ECR-19-004750 13APR2019 | SR JL
A UATER AL S B1 | FCR-19-013004 26AU62019 | SR | JL
HOLDER: PBT ,COLOR: NATURAL: B2 FCR-20-000233 13JAN2020 | SB | JL
CONTACTS: COPPER ALLOY, Au/Ni PLATING (LED INTERFACE) B3 FCR-20-000836 23m2020 | S8 | JL
2. FOR SOLID, FUSED AND STRANDED CONDUCTOR WIRE TYPES AWG 18 AND 20
3. WIRE STRIP LENGTH: T1-172mm
4 MAX. WIRE INSULATION OUTER DTIA: @2,3mm
5. RECOMMENDED SCREW TORQUE: SEE APPLICATION SPECIFICATION 114-133107.
6. SCREWS TO BE USED: M3, #4-40
. LED MATING ON 2 CORNERS WITH ADHESIVE TAPE 3M 9472LE 300LSE.
LAYOUTS ON SHEET 3
9. FOR COB-TO-HOLDER CROSS REFERENCE,
REFER TO APPLICATION SPECIFICATION 114-32208
PAN HEAD
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SCALE 3
A PAN HEAD 4-72325811-2
C COUNTERSINK 3-2325811-1
C PAN HEAD 2-72325811-1
B COUNTERSINK 1-23256811-3
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A PAN HEAD 23725811-2
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