THIS DRAWING IS UNPUBLISHED. RELEASED FOR PUBLICATION 20 REVISIONS
@ COPYRIGHT 20 BY - AL RIOHTS RESERVED. P LR DESCRIPTION DATE OWN | APVD
C ECR-19-004750 [34PR2019 | SR JL
Cl ECR-19-013004 23AU62019 | SR JL
NOTES: C? ECR-19-014098 12SEP2019 | SR JL
MATER AL S /N SPECIAL PACKAGING IN 20 PIECES TRAY -
L OLDER: PRT. COLOR: NATURAL AND BAGGED IN GROUPS OF 100 PIECES. (3 | ECR-20-000836 3020 | S8 | L
CONTACTS: COPPER ALLOY. Nifhy PLATING. 0. FOR COB-TO-HOLDER CROSS REFERENCE. REFER
2. FOR SOLID, FUSED AND STRANDED WIRE TYPES AWG 18 10 APPLICATION SPECTEICATION 114-32208.
AND 20 ACC. UL 1007,
3. WIRE STRIP LENGHT: 11-12 mm
4. MAY. WIRE INSULATION QUTER DIAM.: &2 3mm.
5. RECOMMENDED SCREWTORQUE: 0.4 - 0.6 Nm.
5. SCREWS TO BE USED:
- PAN HEAD M3, #4-40 AND COUNTERSUNC M3 (2x). P/N 2213678-4
SEE TABLE SHEET 2. AS SHOWN

FOR LED THICKNESS RANGE 0.9-1.0 NOM,
LED MATING ON 2 CORNERS WITH ADHESIVE TAPE.
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LED OUTLINE:

P/N 2-2213678-3
P/N 1-2213678-4 (NO TAPE)
P/N 1-2213678-3 (NO TAPE)

P/N 2213678-3

P/N 2213678-4 (SHOWN|

LED OUTLINE:

P/N 1-2213678-6 (NO TAPE|
P/N 1-2213678-5 (NO TAPE]
P/N 2213678-5

P/N 2-2213678-5

P/N 2213678-6 (SHOWN)

P/N 3-2213678-3
P/N 3-2213678-4

ADHESIVE TAPE WITH
RELEASE LINER.

LED CAVITY HEIGHT

(0.87)
NOMINAL

INCLUDING TAPE.

SECTION Q-G

SUBSTRATE POCKET CLEARENCE
(REF)

PIN 2213678-3

REVISIONS

DESCRIPTION

DATE DWN

APVD

SEE SHEET

PIN 2213678-6

3-2213618-3

PIN 3-2213618-4

400 20 4-2213678-5] 35mm LED Holder 2% 15 PAN HEAD | YES YES
400 20 1-2213678-3| 35mm LED Holder | 13.5%13. PAN HEAD | YES YES
1050 35 3-2213678-4 | 35mm LED Holder 2% 15 COUNTERSUNK | YES YES
1050 35 3-2213678-3 | 35mm LED Holder 2% 15 PAN HEAD | YES YES
: 500 20 2-2213678-6 | 35mm LED Holder | 13.5%13. PAN HEAD | YES YES
500 20 2-2213678-5] 35mm LED Holder | 13.5%13. PAN HEAD | YES YES
300 0 2-2213678-3 | 35mm LED Holder 2% 15 PAN HEAD | YES YES
1050 35 22136786 ] 35mm LED Holder | 13.5%13.5 |COUNTERSUNK| NO YES
1050 35 - 2213678-5] 35mm LED Holder | 13.5%13. PAN HEAD | NO |ON REQUEST
1050 35 -2213678-4 | 35mm LED Holder 2% 15 COUNTERSUNK| NO |ON REQUEST
1050 35 -2213678-3| 35mm LED Holder 2% 15 PAN HEAD | NO YES
1050 35 2213678-6 | 35mm LED Holder | 13.5%13.5 |COUNTERSUNK| YES YES
1050 35 2213678-5 | 35mm LED Holder | 13.5%13. PAN HEAD | YES YES
1050 35 2213678-4 | 35mm LED Holder 2% 15 COUNTERSUNK | YES YES
1050 35 2213678-3 | 35mm LED Holder 2% 15 PAN HEAD | YES YES
SHIPPING QTY PAR¥§A§ER PART NO DESCRIPTION OU%E?NE SCREW TYPE | TAPE| AVAILABLE
o TOWAYZ0TS
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SEE SHEET |

P/N 4-2213678-3 P/N 4-2213678-5

O RECOMMENDED DRILLING HOLE PATTERN

M3 (2x)

D D0
Depth 10 WIN.

=) B
SECTION [-/

SCALE  2:1 SCALE  2:1

35 1 MIN.
KEEP OUT ZONE

ADHESTVE TAPE WITH
RELEASE LINER.

SUBSTRATE POCKET CLEARENCE

(REF)
(4:1)
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