COMPLIANT

.610(15.5)

THIS SERIES FULLY CONFORMS TO THE
EUROPEAN UNION DIRECTIVES
2011/65/EU FOR RoHS COMPLIANCY

A
MATERIALS:

1. HOUSING: PBT, UL94V-0
2. WIRE-HOUSING SEAL: SILICON RUBBER

SPECIFICATIONS:

PITCH: 2.0MM

RATED VOLTAGE: 250V

RATED CURRENT: 2A MAX

WITHSTAND VOLTAGE: AC1000V R.M.S.
CONTACT RESISTANCE: 10 mOHMS MAX
INSULATION RESISTANCE:

1000 MOHMS MIN/DC 500V
TEMPERATURE RANGE: -40°C ~ +105°C
WATERPROOF GRADE: TESTED AND

CERTIFIED TO IP67
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1 566-002-000-810_Housing 1
2 566-002-000-810_Rubber 1
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