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ADAPTER WIRE LENGTH
Swi-1 WIRE, 24 AWG AWM UL1007, BLACK | 150.0 [5.9 in]
SWi-2 WIRE, 24 AWG AWM UL1007, BLACK | 150.0 [5.9 in]

LED SCHEMATIC

@6.20

[.244 in] #3.00

[£.118 in]

MAX. PANEL THICKNESS 6.0 [.24 in]

NOTE:

1. ALL DIMENSIONS IN MM [INCH]
2. GENERAL TOLERANCE: X.X = £0.4

. IP RATING: IP67
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. TERMINAL NUMBERS FOR REF ONLY
. OPERATING TEMP: -25°C to 55°C
. CURRENT RATING: 2mA-20mA
. LAMP VOLTAGE: 2.8V

. & DENOTES CRITICAL PARAMETER.
. HARDWARE SUPPLIED: O-RING AND HEXNUT
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