GKM Series Mounting Dimensions (mm/in)
(for reference only)
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Contact Configurations
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GKM Series Key Mounting Dimensions
(for reference only)
Straight Key 90° Key
(Replacement Part Number GKZ51M) (Replacement Part Number GKZ52M)
Door swing radius down to 225 mm (8.9 in) Door swing radius down to 160 mm (6.3 in )
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