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\\2x M23053/5 \¥®.o47 CABLE

SMA STR. MALE

SMA BLKHD STR. FEMALEJ

MATERIAL:

CONNECTORS: SMA STR. MALE (SF2911-60172)

SMA BULKHEAD STR. FEMALE (2921-61620)
CABLE: FLEXIBLE @.047 CABLE
SHRINK TUBING: M23053/5
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