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NOTE:
1. MATERIALS:NYLON 66 UL 94V-0.
2. RoHS & HF COMPLIANCE.
3. PRODUCT SPEC: GS—12-1465
AO.3 4. PACKAGING SPEC: GS—14-2613
5. USE WITH AFCI HEADER 10147605, 10147606
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