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Note:
1. All dimensions in mm.
2. Tolerances not specified is =0.10mm.
3. Radius not specified is R=0.20mm.

Nut PA6 + 30%GF(Black)

Washer

PA6 + 30%GF(Black)

Housing

PAG6 + 30% GF UL94 V-0(Black)

Switched Contact

Phosphor Bronze, Tin-Cer Plated
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Normalizing Contact

Brass, Tin-Cer Plated
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