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CSA C22.2 No. 158-10
1000V 3/0 AWG

Cu 200 A - 22,6 Nm*
Al 185 A - 22,6 Nm*

IEC 60947-7-1
IEC 61238-1

1000 V AC/DC 95mm?

Cu 232 A - 19 Nm*
Al 200 A - 22,6 Nm*

* see instruction leatlet
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