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DIMENSIONING AND TOLERANCING PER GPS (ISO STANDARDS).
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2303206-5 A
FAMILY SEAL COMBO DC

70mm
14.96 28.9 16.7...17.3

SILICONE

VOLUME_CM3:2[.2]WEIGHT_G:2[.2]
BROWN/braun
SIM. RAL 8011

2303206-4 A
FAMILY SEAL COMBO DC

50mm
13.68 30.2 15.2...15.8 VOLUME_CM3:4[.2]WEIGHT_G:4[.2]

RED/rot
SIM. RAL 3027

9-2303206-1 A
FAMILY SEAL COMBO DC

16mm
8.64 34.9 9.6...10.2 VOLUME_CM3:6[.2]WEIGHT_G:6[.2] NATURAL

TE-PART-NO. REV DESCRIPTION
DIA D
[mm]

DIA A
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CABLE DIAMETER
[mm]

MATERIAL
VOLUME
[cm³]

WEIGHT
[g]

COLOUR

2303206-5 A
FAMILY SEAL COMBO DC

70mm
14.96 28.9 16.7...17.3

SILICONE

8.02 8.98
BROWN/braun
SIM. RAL 8011

2303206-4 A
FAMILY SEAL COMBO DC

50mm
13.68 30.2 15.2...15.8 8.67 9.71

RED/rot
SIM. RAL 3027

TE-PART-NO. REV DESCRIPTION
DIA D
[mm]

DIM A
[mm]

CABLE DIAMETER
[mm]

MATERIAL
VOLUME
[cm³]

WEIGHT
[g]

COLOUR

A�|�B2x

DIN ISO 3302-1 M2

NOTES

   TE PART NUMBER SINGLE PART 

   CAVITY MARKING IF MULTPLE CAVITY TOOL   

   PART REVISION AS SHOWN

   MATERIAL MARKING ACC. TO VDA 260 

   UNDIMENSIONED GEOMETRY ACCORDING 3D-MODEL IN CONSIDERATION OF 0.5 A B

   TE-TRADEMARK ACC TO SPEC 1621426-7

   BULK PACKASING IN PLASTIC BAG AND CORRUGATED SHIPPING BOX

B-B

2303206-5
AS SHOWN

1:1

2303206-4
AS SHOWN
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