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DETAIL A
SCALE 10:1

NOTES:
 
1. MATERIALS
    - HOUSING & IMLA'S : THERMOPLASTIC (UL94 V-0)
    - CONTACT : COPPER ALLOY
2. FINISH
    - CONTACT AREA  : GXT OVER Ni
    - TERMINAL AREA : Sn OVER Ni
3. MATES WITH IEC 61076-4-101 SERIES 2MM HM HEADERS WITH CONTACT 
   MATING LEVEL 1 & 2 IN SIGNAL ROWS.
4. MOUNTING STYLE : PRESS FIT, FLAT ROCK INSERTION.
5. MINIMUM PCB THICKNESS : 1.40 MM 
6. PITCH FOR SCALING

RECOMMENDED PLATED THROUGH HOLE DIMENSIONS

8 1

A
 
B
 
C
 
D
 
E

10164741-x0xLF

PLATING CODE (9-GXT)

LOADING PATTERN (SEE PAGE-2)

SEE DETAIL A
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