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NOTES: TOLERANCES THIS DRAWING AND ANY MATERIAL: TITLE:

1. FOR CONNECTOR SPECIFICATIONS SEE CO52XX (LATEST ISSUE).

2. DRAWING SHOWS CONNECTOR WITH 3 CONTACTS.

3. FOR BOARD MOUNT NUTS ORDER SEPERATELY. PART NUMBER:
KA1-4240000 ROUND SLOTTED NUT - BAG OF 20.

4. PACKING = TUBE.
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INFORMATION OR DESCRIPTIVE
X. = +£1mm

XX =£+0.50mm
XXX =+£0.20mm
X XXX = £0.01Tmm
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SEE COMPONENT
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KONA SERIES - MALE
VERTICAL PCT CONNECTOR
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