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SMA Plug
Detail Dimension
Ordering Grid
CAB742RF |=|XXXX|=| 1 | | Reue= Saroes
"L" Length in mm: Cable Size:

eg: 100mm = 0100

(Min. 0050 - Max. 2000

Standard = 0152(6-inch),

0305(12-inch), 0610(24-inch)

Tolerance: 50mm: £2mm.
51-200mm: £5mm.
201-500mm: £7mm.
501-999mm: £10mm.
=1000mm: + (L x 0.02)mm.

1 = RG316 Cable, Colour: Brown

Specifications

Material

1. SMA Straight Plug, Gold Plated
P/N: RFCT-SMA169-M31.

2. RG316 Coaxial Cable, Brown

3. Heatshrink Tube: Black

Electrical

1. Impedance: 50 Ohm

2. Working Frequency Range: DC - 8GHz
3. VSWR: 1.50 max.

Mechanical & Environmental

1. Operating Temperature: - 40°C to +125°C

Part Number

Product Description

CAB742RF

SMA Plug To SMA Plug, RG316 Cable, 8GHz

Drawing Date

7th April 2026
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