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CPGI-8-321519-CL-15 Tyco Electronics

Vinyl Closed

End Connector

For Single and Multiple Wire Applications

« Operating temperature 221°F (105°C)
+ 600 Volts
* Solid or standed copper wire only
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CPGI-8-321519-CL-15 = Tyco Electronics

DANGER: Improperly installed electrical wiring can be dangerous and cause electrical fires.
Consultlocal building code before doing any electrical work. Keep out of the reach of children.
Safety First!

PELIGRO: La instalacion inadecuada del cableado eléctrico puede ser peligrosa y ocasionar
incendios eléctricos. Consultar el codigo de instalaciones eléctricas antes de realizar cualquier
trabajo eléctrico. Mantener fuera del alcance de los nifios. La seguridad ante todo!

For Copper, Solid or Stranded Wire Only.

Para cable o alambre de cobre solamente.

Minimum wire configuration: 1 #22 plus 4-14 #22 AWG wires.
Configuracién minima dol cableado: 1 cablo AWG nim. 22 s 4.14 cablos AWG ndm. 22.
Maximum wire configuration: 2 #10 AWG wires.

Configuracién maxima del cabloado: 2 cablo AWG ndm. 10 s

Note: For complet Ising of wir configurations please contac Customer Service . (408:102)
(408-102)

Wire Connector Installation Instructions.
1. Select appropriate wire configuration from the chart above.
2. Strip insulation from conductors to minimum 563" (14.29 mm) and

maximum .625" (15.88 mm).
3. Twist wires together and insert the conductors into the cone contained in the sleeve.
4. Close the handles and crimp the connectors.

Instrucciones de instalacion para el conector del cable
- Selecionardoa tablaa congueacin del cableado propiads do a tala aroe
Desprondor o aisiante de os conducores aaproximadamente miima 553 puigadas (14.29 mm)
y méxima 625 pulgadas (15.88 mm)
3. hsartar s conduciores en el cone Incluido en la manga
4.Cierre las manijas y crimpar los connectores.

To apply Closed-End Connectors, we
recommend using the Tyco Electronics

AMP Crimp Tool: Model # 48208C.
Para aplicar estos consctores utilizar s p®
Ia herramienta de crispado Tyco Electronics
'AMP Modelo # 48208C LISTEB
Wire Connectors Certified
42 LR7189
105°C [221°F] max.  90°C [194° F] max
ly CU only
321519 E13288
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