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Watertight, heavy duty - thick wall (1590Z Series)

Natural aluminum with a

smooth brushed finish...
Mounting shelf

Easy wall mounting via “through

box - blind hole” construction,

outside of gasket protection...

Molded, one piece silicone rubber

gasket mounts into cast lid groove,

compressed by box tongue...

Copper ground screws & washers...

Stainless steel captivated

machine screws  ...

KEY FEATURES

• Rugged, diecast aluminum alloy (tough yet easy to machine), electronic instrument enclosure.

• “Tongue & groove” construction to provide protection against  access of dust and water. Ideal for repetitive opening

   and closing.

• Unpainted version comes with an installed preformed silicone rubber gasket.

• Painted versions have a poured in silicone rubber gasket.

• Four recessed stainless steel machine screws secure lid into tapped holes. Screws are self captivating.

• Designed to meet IP65.

• North American Mark of Safety - cUL & UL listed. Certified to Nema 4X standards (UL508) - File #E65324.

• Painted version is designed for outdoor applications, painted inside and out with a tough polyester powder paint.

  Choice of grey (RAL 7001) or black.

With Mounting Shelf

Painted versions are powder

painted inside and out...

Painted versions include a poured

in silicone rubber gasket...

Ground points are

left unpainted...
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Watertight, heavy duty - thick wall (1590Z Series)

Lid

(Inside View)

Body

(Inside View)

For detailed drawings, CAD

files or color photos visit our

website at:

www.hammondmfg.com

With Mounting Shelf

With Mounting Shelf
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001Z0951 KB001Z0951 YG001Z0951
hcni 49.2 41.3 75.1 94.2 86.2 74. 46.2 48.2

oN seY
mm 57 08 04 36 86 21 76 27

911Z0951 KB911Z0951 YG911Z0951
hcni 08.4 27.4 63.2 41.4 90.4 08. 54.4 63.4

seY seY
mm 221 021 06 501 401 02 311 111

021Z0951 KB021Z0951 YG021Z0951
hcni 29.4 51.3 27.1 64.4 86.2 26. 16.4 48.2

oN seY
mm 521 08 34 311 86 51 711 27

061Z0951 KB061Z0951 YG061Z0951
hcni 03.6 03.6 67.2 55.5 55.5 97. 89.5 89.5

seY seY
mm 061 061 07 141 141 02 251 251

132Z0951 KB132Z0951 YG132Z0951
hcni 88.7 50.9 36.3 01.7 82.8 08. 26.7 54.8

seY seY
mm 002 032 29 081 012 02 491 512

051Z0951 KB051Z0951 YG051Z0951
hcni 07.8 67.4 93.2 70.8 90.4 97. 13.8 73.4

oN seY
mm 022 021 06 502 401 02 112 111

261Z0951 KB261Z0951 YG261Z0951
hcni 42.01 52.6 57.2 83.9 05.5 97. 38.9 49.5

seY seY
mm 062 951 07 832 041 02 942 151

661Z0951 KB661Z0951 YG661Z0951
hcni 71.41 03.6 67.2 83.31 43.4 97. 7.31 78.5

seY seY
mm 063 061 07 043 011 02 943 941
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Watertight, heavy duty - thick wall (1590Z Series)

Holes for mounting or grounding...

Without Mounting Shelf

KEY FEATURES

• Rugged, diecast aluminum alloy (tough yet easy to machine), electronic instrument enclosure.

• “Tongue & groove” construction provides protection against access of dust and water. Ideal for repetitive opening

   and closing.

• Unpainted version comes with an installed preformed silicone rubber gasket.

• Painted versions have a poured in silicone rubber gasket.

• Four recessed stainless steel machine screws secure lid into tapped holes. Screws are self captivating.

• Designed to meet IP65.

• North American Mark of Safety - cUL & UL listed. Certified to Nema 4X standards (UL508) - File #E65324.

• Painted version is designed for outdoor applications, painted inside and out with a tough polyester powder paint.

  Choice of grey (RAL 7001) or black

Natural aluminum with a

smooth brushed finish...

Molded, one piece silicone rubber

gasket mounts into cast lid groove,

compressed by box tongue...

Copper ground screws & washers...

Stainless steel captivated machine

screws...

Easy wall mounting via

“through box - blind hole”

construction, outside of gasket

protection...

Painted versions are powder

painted inside and out...

Painted versions include poured in

silicone rubber gasket...

Ground points are

left unpainted...
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Lid

(Inside View)

Body

(Inside View)

Watertight, heavy duty - thick wall (1590Z Series)

For detailed drawings, CAD

files or color photos visit our

website at:

www.hammondmfg.com

Without Mounting Shelf

Without Mounting Shelf
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