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Maschinengriffe Machine Handles

Technische Daten

Werkstoff  Halterung PA6 glasfaserverstärkt

 Griffprofil Al Mg Si 0,5 naturton eloxiert

Technical Data

Material Mounting PA6 fibreglass-reinforced

 Handle profile Al Mg Si 0,5 natural anodized

Halterung Endstück · Mounting endpiece
Art.-Nr. 3200.0103

Halterung Zwischenstück · Mounting middle piece
Art.-Nr. 3200.0113

Halterung Endstück · Mounting end piece
Art.-Nr. 3200.0123

Griffprofil gebogen · Handle profile curved
Art.-Nr. 3200.1091

3000mm Länge auf Anfrage · 3000mm length on request

Griffprofil gebogen · Handle profile curved
Art.-Nr. 3200.1001
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Prinect Printready ColorCarver
Page is color controlled with Prinect Printready ColorCarver 3.0.34
Copyright 2005 Heidelberger Druckmaschinen AG

To view actual document colors and color spaces,
please download free Prinect Printready ColorCarver (Viewer) Plug-In from:
http://www.heidelberg.com

Applied Color Management Settings:
Output Intent (Press Profile): ISOcoated.icc

RGB Image:
Profile: HDM sRGB Profile.icm
Rendering Intent: Perceptual
Black Point Compensation: no

RGB Graphic:
Profile: RGB2CMYK.icm
Rendering Intent: Perceptual
Black Point Compensation: no

Device Independent RGB/Lab Image:
Rendering Intent: Perceptual
Black Point Compensation: no

Device Independent RGB/Lab Graphic:
Rendering Intent: Perceptual
Black Point Compensation: no

Device Independent CMYK/Gray Image:
Rendering Intent: From Document
Black Point Compensation: no

Device Independent CMYK/Gray Graphic:
Rendering Intent: From Document
Black Point Compensation: no

Turn R=G=B (Tolerance 0.5%) Graphic into Gray: yes

Turn C=M=Y,K=0 (Tolerance 0.5%) Graphic into Gray: yes
CMM for overprinting CMYK graphic: no
Gray Image: Apply CMYK Profile: no
Gray Graphic: Apply CMYK Profile: no
Treat Calibrated RGB as Device RGB: no
Treat Calibrated Gray as Device Gray: yes
Remove embedded non-CMYK Profiles: yes
Remove embedded CMYK Profiles: yes

Applied Miscellaneous Settings:
All Colors to knockout: no
Pure black to overprint: no
Turn Overprint CMYK White to Knockout: yes
Turn Overprinting Device Gray to K: yes
CMYK Overprint mode: set to OPM1 if not set
Create "All" from 4x100% CMYK: yes
Delete "All" Colors: no
Convert "All" to K: no


Prinect Printready Trapper
Page is trapped with Prinect Printready Trapper 5.0.34
Copyright 2005 Heidelberger Druckmaschinen AG

To view traps, delete traps or to get detailed trapping information,
please download free Prinect Printready Trapper (Viewer) Plug-In from:
http://www.heidelberg.com

Settings:
Width: 0.040 mm  =  0.113 pt
Printorder: Black / Cyan / Magenta / Yellow / 
Step Limit: 25.0%
Common Density Limit: 0.50
Centerline Trap Limit: 100%
Trap Color Scaling: 100.0%
Image to Object Trapping: yes
Image to Image Trapping: no
Black Width Scaling: 100.0%
Black Color Limit: 95.0%
Overprint Black Text: 12.0 pt
Overprint Black Strokes: no
Overprint Black Graphics: no



