KNIPEX Pliers for Electrical Installation

The mobile task force.

e multifunctional pliers for the electrical installation; to grip flat and round
material, for bending, deburring, cutting cable, stripping and crimping end
sleeves (ferrules)

e 6 functions in one pair of pliers

e smooth surfaces near the tips grip single cores without damaging them;
serrated gripping surfaces and pipe grip for gripping flat and round material

e clear-cut outside edge on the jaw for working on flush-mounted junction boxes
and deburring feed-through holes

e stripping holes for conductors of 0.75 — 1.5 mm?2 and 2.5 mm?

e crimp die for wire-end ferrules 0.5 — 2.5 mm?2

e cable shears with (induction hardened) precision cutting edges for copper and
aluminium cables up to 5 x 2.5 mm?2 / dia. 5mm

e gripping, without opening the pliers completely (intelligent latching mechanism
in the spring assisted version). The cutting edge remains closed and
protected.

e slim dimensions for easy access

e bolted joint: precise, zero backlash operation of pliers

e high-grade special tool steel, forged, oil-hardened

Modell 13 92 200/13 96 200 :

« the activated locking lever keeps the cutting edges closed while other
functions remain in place

« the intelligent latching mechanism enables you to "grip” without opening the
pliers. The cutting edge remains closed and protected.



o 2| G @) SRS emacny a-p 6
mm mm?

1381200075240 [15 |50 [0.75-1.5+25 0.5-25]200 |_265
?881 200 lo75064 |15 |50 [0.75-1.5+2.5 0-5-251500 |285
11382 200075080 [15 |50 [0.75-1.5+25 0.5-25]200 |?280
2.5220075271 |15 |50 [0.75- 1.5+ 25 0-5=251500 300
113 86 200075097 |15 |50 ]j0.75-1.5+25 0.5 —2.5]200 |]280
20020075088 15 |50 0.75- 1.5+ 25 0-5=251500 |300
1391 200075257 |15 |50 ]j0.75-1.5+25 0.5 —2.5]200 |]265
2291200675301 15 |50 [0.75- 1.5+ 25 0-5=251500 |85
1392200075103 |15 |50 |j0.75-1.5+25 0.5 —2.5]200 |]280
2292200075318 15 |50 [0.75- 1.5+ 25 0-5=251500 |300
11396 200 075110 [15 |50 [0.75-1.5+25 0.5-25/200 |?280
?896 200 lo75325 |15 |50 [0,75-1,5+2,5 0-5=251500 |300



http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32840
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32630
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32630
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32631
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32650
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32650
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32632
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32651
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32651
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32841
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32633
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32633
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32634
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32652
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32652
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32635
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32656
http://medien.knipex.biz/index.php?lang=de&view=cat&prodfilter=all&hkprint=no&page=art_detail&parentID=1363&groupID=2036&artID=32656

