
µm

µm
µm



(*) Plating indication : See plating table
For machined contact reeled on plastic carrier: put "K" in front of part number e.g. KRM16M23K
For male grounding contacts (1 mm longer) add "GE1" to the part number (e.g. RM16M23GE1K)
For female grounding contacts (1.5 mm longer) add "GE1" to the part number (e.g. RC16M23GE1K)
For female last make contacts (0.6 mm shorter) add "GE7" to the part number (e.g. RC16M23GE7K)
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Nominal length (dim G) of dipsolder contacts out of connector (contacts to be ordered separately)

UTP0 / UTG0 wall mounting receptacle connectors 

Connector size
Pin contact Socket contact

RM20M12E8* RM20M12E83* RC20M12E8* RC20M12E83* RC20M12E84*

All sizes 5.2 10.3 5.2 10.4 13.9

UT00 wall mounting receptacle connectors 

Connector size
Pin contact Socket contact

RM20M12E8* RM20M12E83* RC20M12E8* RC20M12E83* RC20M12E84*

10 4 9.1 3.3 8.5 12.1

12 4 9.1 3.3 8.5 12.1

14 4 9.1 3.3 8.5 12.1

16 4 9.1 3.3 8.5 12.1

18 4 9.1 3.3 8.5 12.1

20 4.1 9.2 1.8 7 10.6

22 4.1 9.2 1.1 6.3 9.9

24 4.1 9.2 1.1 6.3 9.9

UT07 jam nut receptacle connectors

Connector size
Pin contact Socket contact

RM20M12E8* RM20M12E83* RC20M12E84* RC20M12E85* RC20M12E86*

10 4.1 9.2 4.65 7.15 7.95

12 4.1 9.2 4.65 7.15 7.95

14 4.1 9.2 5.35 7.85 8.65

16 4.1 9.2 4.65 7.15 7.95

18 4.1 9.2 4.65 7.15 7.95

20 4.85 3.4 4.2

22 4.85 2.7 3.5

24 3.35 1.3 2.1

For recommended PC-Board hole lay out: Consult factory
* Plating indication: See (plating table)

* Plating indication: See (plating table)

* Plating indication: See (plating table)
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The RM/RC contact packing

50 pcs bulk packing (standard) 1000 pcs bulk packing Reeled contacts on plastic carrier (qty 2000 pcs)

The RM/RC contact principle




