334 Zoll

Hex driver with T-handle.

Chrome-vanadium steel, through hardened, nickel-plated.

Inch sizes.

— — _,, i
Blade:
Handle: Wiha Classic T-handle.
Application: For high torque transfer with minimal effort.
Ord.No. @ — —4 — —. mm —_—
02802 ([3/32 |150 |182 |80 26 2,38 |10
02803 |[7/64 |150 |182 |80 26 2,78 |10
02804 (1/8 150 |182 |80 26 3,18 |10
02805 (9/64 (150 (182 (80 26 3,57 |10
02806 ([5/32 |150 |182 |80 26 3,97 |10
02807 ([3/16 |150 |182 (100 (32 4,76 |10
02808 ([7/32 |150 |182 (100 (32 556 (10
02809 |(1/4 150 |182 |100 (32 6,35 |10
02810 ([5/16 |150 |182 (100 (32 7,94 |10
02811 (3/8 150 |188 (120 |38 9,53 (10

wiha®
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