DIMENSIONS:
A 8.00 [.315]
B 8.00 [.315]
C 2.00 [.079]
D 0.13 [.005]
E 6.86 [.270]

WEIGHT /1000

R1.02 [.040]

(4 PLCS)

ADHESIVE TAPE

+ 0.5 [.006]
+ 0.15 [.006]
+ 0.10 [.004]
TYP.
TYP.
0.63 kgs  [1.38 Lbs]
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NOTES:
1. CORE: MP0315—-2B0.
2. ADHESIVE: P/N 21217.
3. REFERENCE 3M TAPE 468MP ADHESIVE TRANSFER
TAPE OR ENGINEER APPROVED ALTERNATIVE.
DIMENSIONS ARE IN mm [INCHES]. This print is the property of Laird
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