@31.00mm Mating Pin

* Compatible with @1.00mm mating pins - see table below.
* Knurled option available for added pin retention.
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ORDER CODE  H3161-XX H3163-XX H3165-XX H3167-XX H3169-XX
Contact Depth  3.55mm 3.55mm 3.55mm 3.55mm 3.55mm
Max Pin Length  4.60mm 5.00mm 4.85mm 4.75mm Through hole
Mounting Hole  01.91-1.96mm 02.19-2.29mm 01.91-1.96mm 02.19-2.24mm 02.19-2.24mm
Mating Pin Size  ©0.90-1.05mm ©0.90-1.05mm 00.90-1.05mm 00.90-1.05mm ©0.90-1.05mm
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ORDER CODE H3182-XX H3183-XX H3184-XX H3185-XX H3194-XX
Contact Depth  3.55mm 3.55mm 3.70mm 3.55mm 3.55mm
Max Pin Length  4.85mm 4.54mm 4.75mm Through Hole 4.30mm
Mounting Hole  31.91-2.01Tmm 01.91-2.01mm 02.19-2.24mm 02.19-2.29mm 02.37-2.47mm
Mating Pin Size  ©#0.90-1.05mm ©00.90-1.05mm 90.90-1.05mm 30.90-1.05mm ©0.90-1.05mm

Panel thickness = 3.2mm

HOW TO ORDER

H31 XX - XX
| SERIES CODE FINISH
01 | Gold contact, Tin shell )

| SEE TABLE ABOVE | 05 | Gold contact, Gold shell @)

All dimensions in mm.
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