LXXR3000FM ©:0mn Hotnslamp
(Short Leads with 2.29mm Pitch)
Features Recommended Maximum Ratings at 1,=257
* ULTRABRIGHT YELLOW REVERSE VOLTAGE 5.0V
e HIGH LIGHT OUTPUT 5
D.C. FORWARD CURRENT 30mA
¢ RELIABLE AND RUGGED
e |C COMPATIBLE PULSE CURRENT ('/10 DUTY CYCLE. O.1ms PULSE WIDTH) 100mA
OPERATING TEMPERATURE RANGE -25°C TO +85°C
STORAGE TEMPERATURE RANGE -25°C TO +100°C
LEAD SOLDERING TEMP (1.6mm FROM BODY) 260° FOR 5 SEC.
Electrical & Optical Characteristics at1,=25°
Forward Luminous
LED Chip Peak Voltage Intensity View
Part Number Lens Colour Wavelength @ 20mA(Y) @ 20mMmod) 12\319 /I;
@ 20mA (nm)
Emitting (deg)
Material Colouif Typ. Max. Min. Typ.
LO2R3000F1 GaP Green Green Diffused 567 2.1 3.0 1.5 3.7 74
LO2R3000F2 GaP Green White Diffused 567 21 3.0 1.5 3.7 74
LO2R3000F3 GaP Green Water Clear 567 2.1 3.0 5.0 12.6 50
LO2R3000F4 GaP Green Green Clear 567 21 3.0 5.0 12.6 50
LO3R3000F1 GaAsP on GaP Yellow Yellow Diffused 585 21 3.0 1.2 3.1 74
LO3R3000F2 GaAsP on GaP Yellow White Diffused 585 21 3.0 1.2 3.1 74
LO3R3000F3 GaAsP on GaP Yellow Water Clear 585 21 3.0 4.2 105 50
LO3R3000F4 GaAsP on GaP Yellow Yellow Clear 585 21 3.0 42 10.5 50
LO4R3000F1 GaAsP on GaP Orange Orange Diffused 635 21 3.0 1.7 43 74
LO4R3000F2 GaAsP on GaP Orange White Diffused 635 21 3.0 1.7 43 74
LO4R3000F3 GaAsP on GaP Orange Water Clear 635 21 3.0 5.8 14.6 50
LO4R3000F4 GaAsP on GaP Orange Orange Clear 635 21 3.0 58 146 50
L4RR3000F1 GaAsP on GaP Hi-Eff. Red Red Diffused 635 21 3.0 1.7 4.3 74
L4RR3000F4 GaAsP on GaP Hi-Eff. Red Red Clear 635 2.1 3.0 5.8 14.6 50
LO5R3000F1 GaP Red Red Diffused 700 241 3.0 0.3 0.8 74
LOS5R3000F2 GaP Red White Diffused 700 241 3.0 0.3 08 74
LOSR3000F3 GaP Red Water Clear 700 2.1 3.0 1.1 2.7 50
LO5R3000F4 GaP Red Red Clear 700 21 3.0 11 2.7 50
LO8BR3000F1 GaAsP on GaP Amber Amber Diffused 610 241 3.0 58 9.7 74
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