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Knob

Marking a d ø Gray Black
Matt Glossy Matt Glossy

Without line 5.2 – 3 020-3115 020-3110 020-3125 020-3120

5.2 – ⅛" 020-3215 020-3210 020-3225 020-3220

5.2 – 4 020-3315 020-3310 020-3325 020-3320

7.0 3.2 6 020-3415 020-3410 020-3425 020-3420

7.0 3.2 ¼" 020-3515 020-3510 020-3525 020-3520

With line

5.2 – 3 021-3115 021-3110 021-3125 021-3120

5.2 – ⅛" 021-3215 021-3210 021-3225 021-3220

5.2 – 4 021-3315 021-3310 021-3325 021-3320

7.0 3.2 6 021-3415 021-3410 021-3425 021-3420

7.0 3.2 ¼" 021-3515 021-3510 021-3525 021-3520

Packaging size: 100 pcs.

Wing Knob

Marking a d ø Gray Black
Matt Glossy Matt Glossy

Without line 5.2 – 3 022-3115 022-3110 022-3125 022-3120

5.2 – ⅛" 022-3215 022-3210 022-3225 022-3220

5.2 – 4 022-3315 022-3310 022-3325 022-3320

7.0 3.2 6 022-3415 022-3410 022-3425 022-3420

7.0 3.2 ¼" 022-3515 022-3510 022-3525 022-3520

With line

5.2 – 3 023-3115 023-3110 023-3125 023-3120

5.2 – ⅛" 023-3215 023-3210 023-3225 023-3220

5.2 – 4 023-3315 023-3310 023-3325 023-3320

7.0 3.2 6 023-3415 023-3410 023-3425 023-3420

7.0 3.2 ¼" 023-3515 023-3510 023-3525 023-3520

Pointer, pointer dial, nut cover and figure dial 	 Packaging size: 100 pcs.
do not fit to wing knobs unless otherwise stated.

Cap

Marking Surface Gray Black Red Blue Yellow Green 

Without line Matt 040-3015 040-3025 040-3035 040-3045 040-3055 040-3065

Glossy 040-3010 040-3020 040-3030 040-3040 040-3050 040-3060

With line Matt 040-3615 040-3625 040-3635 040-3645 040-3655 040-3665

Glossy 040-3610 040-3620 040-3630 040-3640 040-3650 040-3660

Packaging size: 100 pcs.

Pointer

Surface Gray Black Red Blue Yellow Green 

Matt 041-3015 041-3025 041-3035 041-3045 041-3055 041-3065

Glossy 041-3010 041-3020 041-3030 041-3040 041-3050 041-3060

Packaging size: 100 pcs.

Pointer Dial

Marking Surface Gray Black Red

Matt 042-3915 042-3925 042-3935

Glossy 042-3910 042-3920 042-3930

Packaging size: 100 pcs.

Classic Collet Knobs

Knob Size: Ø 14.5 mm
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