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| Short circuit protection.
| Switch mode power supply.
| 20V DC output.

[} 1.2A maximum current.

Technical Specifications

Parameter Min Max Notes
AC input voltage 90 VAC | 264V AC Nominal 100-240 VAC
AC input frequency 47Hz 63Hz Nominal 50/60 Hz
Nominal AC input current 1 A Max
Output Specification
DC output voltage + 20V
Nominal load current 1.2A
Nominal output power 24W
Ripple and noise 350mV p-p maximum
Turn on delay 2 seconds max
Over current protection 5.5A max With autorecovery function

Input plug type Wall mount, EU/UK - pin

Output plug type Jack plug 5.5 x 2.1 x 12mm

Size 84.9 x 50 x 40.5 mm Operating temperature 0 to 40°C
Weight 200g max Storage temperature -20 to 60°C
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