
 

SA-100 - Amplifier

Compact universal stereo amplifier 

 • Silent operation due to fanless cooling concept 
• Additional 3.5 mm connection with switchable sensitivity at the front panel 
• USB port at the front panel for power supply and for charging external devices 
• Audio source selector 
• Controls for volume, bass and treble 
• 6.3 mm headphone output 
• Robust metal housing 
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Technical data

Max. power : 2 x 50 WMAX

Stereo 4 Ohm : 2 x 25 WRMS

Stereo 8 Ohm : 2 x 20 WRMS

Inputs : PC: 140 mV/46 k OhmCD: 140 mV/46 k Ohmaux: 140
mV/46 k Ohmplayer: 140 mV/12 k Ohm (high),25
mV/32 k Ohm (low)

Frequency range : 20-20,000 Hz
S/N ratio : > 70 dB
Digital echo : -
Equalizer : bass: ±12 dBtreble: ±12 dB

Power supply : 230 V~/50 Hz/150 VA
Admiss. ambient temp. : 0-40 °C
Dimensions : 212x56x250 mm
Weight : 2.6 kg
Connections : PC: RCA L/RCD: RCA L/Raux: RCA L/Rplayer: 3.5

mm jackspeaker: spring-load. speaker term.
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