DRAWING #:

CWI725-

ENVIROMENTALLY FRIENDLY MOTION SENSOR, CONTAINS NO HAZARDOUS MATERIALS.

NOTES:
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2. OPERATE
2.
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ELECTRICAL
| CONTACT CAPACITY: 60 VOLTS MAX., .25 AMPS MAX., 3 VA. MAX.
mooz._.>n._.mmm_m._.>zomuoo_._zmz>x.>._.w<on.

| BREAK ANGLE 25° #|0°
2 REMAKE ANGLE 8° MIN.
3 OPERATING TEMPERATURE RANGE -37 TO 100 DEG. C.

3. EXTERNAL FINISH

3.1 TIN PLATED.
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U.S. PATENT NUMBERS 5,209,343 AND 5,332,876

»

REV. DATE REVISION DESCRIPTION DR.
B 10/29/99 UPDATE TO ISO 9000 S.H.
C 11/17/04 SEE ECN 2004-212 R.F.
D 10/25/06 SEE ECN 2006-053 L.L.
F 04/12/07 SEE ECN 2007-091 L.L.
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