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Product Features

Ultra slim pen like compact design offers true mobility and freedom

1280 x 720 (720P) HD high definition video resolution up to 30fps

5 mega-pixels (5,038,848) still pictures

Voice recorder for recording notes, meeting minutes, and ideas at your convenience
Built-in 4GB memory for 100 minutes video recording

Energy-saving 2.8cm (1.1"") OLED display with wider viewing angle

Built-in Li-Polymer rechargeable battery for 2 hours recording; recharging
from PC/Notebook via USB cable

e Embedded software for rapid video sharing on YouTube

e 3-in-1 multi-solution: Digital camcorder, Digital still camera, Voice recorder

Technische Anderungen und Irrtimer vorbehalten.
We reserve the right for technical changes and mistakes.
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Specifications

Model Code|M1S

Sensor Type|5 mega-pixel CMOS (2592x1944), 1/ 2.5”

Video Resolutions|720p (1280 x 720), up to 30fps, 16:9 aspect ratio

Still Image Resolutions|5M (2592x1944), 4:3 aspect ratio

File format| AVC (Advanced Video Coding) H.264 (.MOV), JPEG, WAV

Internal Memory | 4GB

Display|2.84 cm (1.1”) OLED, 96x96 pixels, 160° Viewing angle

Lens| Fixed lens (F 3.0; f=7.15mm)

Digital Zoom| 3X

Focus Range|1m ~o

Flashlight| LED back lighting support

Night Mode | Auto, for both still image and video recording mode

White Balance | Auto

Exposure Control | Auto

Voice Recorder| Yes

Microphone| Built-in microphone

Audio-Out| 3.5mm AV-jack

TV-Out| HDMI and Composite-AV-out (PAL/NTSC system supported)

YouTube upload | Supported by embedded software Media Impression

Technische Anderungen und Irrtimer vorbehalten.
We reserve the right for technical changes and mistakes.
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USB Interface

USB 2.0

Battery

Built-in 950 mAh Li-Polymer rechargeable battery; charging from PC/Notebook via USB cable

Dimensions

130 x 36 x 23mm

Weight

80g

Giftbox Language

EN, DE, FR, IT, ES, NL, PT, TR

Manual Language

EN, DE, FR, IT, ES, NL, PT

Package Content

PenCam Trio HD, USB cable, HDMI cable, Composite AV cable, Earphone, Hand strap, Quick
Start Guide, Application CD

Software

QuickTime, Media Impression

Warranty

24 Months (for EU only)

System Requirement
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Windows XP SP2/Vista or above, DirectX 9.0c or above, 4X CD-ROM drive, 1 free USB-port

Video Playback

CPU: Pentium 4, 3.2 GHz or above
System RAM: 1GB or above (2GB recommended)
Graphics card: 256MB or above

Storage capacity

Function 720p HD camcorder 5 MP Camera Voice Recorder
4GB Max. 100 mins Max. 2350 pictures Max. 22 hours
Logistic Data

Dimension/Giftbox | 170x140x60mm

Weight/Giftbox | 4609

Qty. /carton| 20 pcs

Dimension/carton | 600x300x200mm

Weight/carton | 10KG

AIPTEK-Art.Nr. 400397 400403 400410 400411 400412

Color Silver Black Blue Red Purple
EAN-Code| 4719851874970 | 4719851875144 | 4719851875151 | 4719851875168 | 4719851875175

Technische Anderungen und Irrtimer vorbehalten.
We reserve the right for technical changes and mistakes.




