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RoHS compliant
3 | 12 |Signal contact PO / Brass AuroPur / AWG 20
2 1 (Shell Steel fin plated
1 1 |Insulator PBT (-55°C - +130°C) green
No. St. |Part Type Description/Material Surface plating/Colour/Class
Moonccsce o, SCALE  TITLE
ISO 2768- 2:1 .
NANE | DATE D-Sub Mixed-Layout Connector
DRAWN 0014
CHECKED 805014
DWG.NO.
FM17W5PA-K120
1 a molex company
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