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NUT(MS)/ 56
86X86mm BACK BOX
TOLERANCE UNLESS OTHER SPECIFIED :+ 0.15MM
@ | Nut Cu M3 5 | ZTAWPN2XX
@ | Sower ABS 86x86mm 1 | AHBACKBBXXXX
NO. | NAME |MATERIAL [SPECIFICATION [QTY REMARK
APPD. P/N 3L.32bk
CHKD. Colour BLACK 2
DR. TITLE TA = N%
scaLE| / [SIZE|A4
REV. DESCRIPTION ENG. |APPROVAL UNIT | MM [REV.|AD
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