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ADHESIVE I {
PRODUCT  MATERIAL FERRITE FILM SHEET ~ SHEET
CLASS THICKNESS THICKNESS WIDTH  LENGTH
PET FILM REDUNDANCY
THICKNESS CODE
Material Ferrite PET Tape Total

Fair-Rite PN Permeability Thickness Thickness Thickness Sheet Size* Thickness
38M1010AA1212 20 0.1Tmm 001Tmm 0.02mm 120x 120 mm 0.13 mm
38M1020AA1212 20 02mm 001Tmm 0.02mm 120x 120 mm 0.23 mm
38M1040AA0606 20 04mm 001 mm 0.02mm 60 x 60 mm 0.43 mm
38M1050AA0606 20 05mm 0.01 mm 0.02 mm 60 x 60 mm 0.53 mm
38M2010AA1212 45 0.1lmm 001Tmm 0.02mm 120x 120 mm 0.13 mm
38M2020AA1212 45 0.2mm O001Tmm 0.02mm 120x 120 mm 0.23 mm
38M2040AA0606 45 04mm 001 mm 0.02mm 60 x 60 mm 0.43 mm
38M2050AA0606 45 05mm 0.01mm 0.02 mm 60 x 60 mm 0.53 mm
38M3010AA1212 60 0.1lmm O001Tmm 0.02mm 120x 120 mm 0.13 mm
38M3020AA1212 60 02mm 001Tmm 0.02mm 120x 120 mm 0.23 mm
38M3040AA0606 60 0O4mm 0.01mm 0.02 mm 60 x 60 mm 0.43 mm
38M3050AA0606 60 O5mm 0.01mm 0.02mm 60 x 60 mm 0.53 mm
38M4010AA1212 120 O1lmm 001Tmm 0.02mm 120x 120 mm 0.13 mm
38M4020AA1212 120 02mm 00Tmm 0.02mm 120x 120 mm 0.23 mm
38M4040AA0606 120 04mm 0.01mm 0.02 mm 60 x 60 mm 0.43 mm
38M4050AA0606 120 05mm 0.01Tmm 0.02mm 60 x 60 mm 0.53 mm
38M5010AA1212 140 O.1lmm 001mm 0.02mm 120x 120 mm 0.13 mm
38M5020AA1212 140 02mm 0.01Tmm 0.02mm 120x 120 mm 0.23 mm
38M5040AA0606 140 04mm 0.0l mm 0.02mm 60 x 60 mm 0.43 mm
38M5050AA0606 140 05mm 0.01mm 0.02 mm 60 x 60 mm 0.53 mm
38M6010AA1212 220 0.1lmm 001Tmm 0.02mm 120x 120 mm 0.13 mm
38M6020AA1212 220 02mm 001mm 0.02mm 120x 120 mm 0.23 mm
38M6040AA0606 220 04mm 001Tmm 0.02mm 60 x 60 mm 0.43 mm

38M6050AA0606 220 05mm 001Tmm 0.02mm  60x60mm 0.53 mm
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