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Batteries

Model No.: CR1616

Description
Chemical system

. Flat Lithium Battery
: Lithium Manganese Dioxide

Nominal voltage : 3 Volts
Nominal capacity : 55mAh
Dimensions :216.0 x 1.6mm
Shelf life : 5 years at room temperature
Average weight : 1.1 grams
Applications : watch, calculator, camera and
memory back up.
Dimension
Drawing
Diameter: 16mm
Height: 1.6mm

Discharge characteristics
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Discharge characteristic on temperature
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Cross Reference:
IEC JIS Eveready Varta
CR1616 CR1616 ECR1616 CR1616
Member
E Gold Peak Group
Manufacturer reserves the right to alter or amend the design, mode! and specification without prior notice. 030001765
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