Kraftform Kompakt 60 RA
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Pouch with 89 mm bits

17-piece set

1 hand-held bit holder 816 RA Kraftform with ratchet function, fine-tooth design for
minimal return angle, switchover ring (right, locked, left), maximum torque of up to
50 Newton metres, 1/4" hexagon chuck with Rapidaptor technology i.e. rapid-in,
rapid-out, rapid-spin, chuck-all and single-hand function for rapid bit change, magnetic
and 16 bits of 89 mm in length suitable for holders as per DIN 3126-F 6.3, 1SO 1173,
or for direct insertion in a power tool
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050510400019 816 RA 1x1/4"x142.0 1
© 851/4ZPH 1xPH 1x89; 1 x PH 2x89; 1 x PH 3x89
[+] 855/4ZPZ 1xPZ1x89; 1 x PZ 2x89; 1 x PZ 3x89
(5] 867/4 2 1xTX10x89; 1 x TX 15x89; 1 x TX 20x89; 1 x TX
TORX® BO 25x89; 1 x TX 30x89
800/4 2 1 x 1.0x5.5x89
840/4 2 1 x3.0x89; 1 x 4.0x89; 1 x 5.0x89; 1 x 6.0x89
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