AMP-LATCH® IDC NOVO SOCKET CONNECTOR CABLE

ASSEMBLIES

e Black Thermoplastic Housing and Recessed Cover, Rated UL94V-0
¢ Gold-Plated Phosphor Bronze Contacts on 0.100" x 0.100" Centers
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¢ Available with Novo socket connector, single-ended or Novo socket connector-to-Novo socket

connector configuration.
e Flat ribbon cable has 28 AWG tinned copper, 7/36 stranded conductors on 0.050" (1.27) centers.
e UL recognized, CSA certified.

SOCKET CONNECTOR, SINGLE-ENDED

Mfg. Part No. No. of Length | Manufacturers part
Contacts number
05M6760 10 36" NE1410-36-ROHS
05M6761 14 36" NE1414-36-ROHS
05M6763 20 36" NE1420-36-ROHS
05M6764 26 36" NE1426-36-ROHS
05M6765 34 36" NE1434-36-ROHS
05M6766 40 36" NE1440-36-ROHS
05M6768 60 36" NE1460-36-ROHS

SOCKET CONNECTOR-TO-SOCKET CONNECTOR

05M6776 10 6" NE1610-06-ROHS
05M6777 10 18" NE1610-18-ROHS
05M6778 14 6" NE1614-06-ROHS
05M6779 14 18" NE1614-18-ROHS
05M6780 16 6" NE1616-06-ROHS
05M6781 16 18" NE1616-18-ROHS
05M6782 20 18" NE1620-18-ROHS
05M6783 26 6" NE1626-06-ROHS
05M6784 26 18" NE1626-18-ROHS
05M6785 34 6" NE1634-06-ROHS
05M6786 34 18" NE1634-18-ROHS




