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MINIATURE LAMP (55) Details

Technical Specification

Part #

35

Description G-4 1/2 BA9s 7V .41A 2CP

Bulb Shape G-4 1/2 | Filament C-IR Base Style EMiniaturE Bayonet (BA%s)
Glass Diameter (in) 0.55 MOoL? (in) 1.06 LCL™ (in) 0.56

Glass Diameter (mm) : 14 MOL (mm) | 26.92 |} LCL (mm) £ 14.20

Volts 7 MSCP # 2 Avg Life Hrs 500

Watts 2.87 Amps 0.41 RoHS Compliant '
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