D-Sub
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D-Sub  DIN 41652 T1
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Shells without signal contacts for cable applications
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d 5 Dimensions in mm
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) Explanations see page 05.49
Board drillings see pages 05.76 ff
Order special contacts separately. See pages 05.67 ff
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