KEWTECH

ACCO60

Two Wire Fused Test Lead Set

PRODUCT DATA SHEET

ACC060
e High quality mutistranded test leads

e Double insulated with a different
colour for each layer of insulation

e Instrument connection: 4 mm connector

e Probe connection: Fixed
e Probes: 1 xred, 1 x black
e Croc Clips: 1 x red, 1 x black

e Piggyback feature an earth probe to
connect to a two wire system

e For: DMMs, Clamps
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SPECIFICATIONS

(Standard BSEN 61010-031 CAT Il 600V )

Test lead length | 1060 mm

Connectors 4 mm
Strands 176 strands 1.00mm? total csa
\ 0.D 3.8mm nominal outer diameter )
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