Torx Plus® Bits
e

1/4” Hex Power Drive

Part Driver Overall Length
Number Size E} In. r?\m
49-10IPX 10IP 107 115/16 49
49-A-10IPX 10IP 107 23/4 70
49-B-10IPX 10IP 107 31/2 89
49-15IPX 151P .128 115/16 49
49-A-15IPX 151P 128 23/4 70
49-B-15IPX 151P 128 31/2 89
49-20IPX 20IP 151 115/16 49
49-A-20IPX 20IP 151 23/4 70
49-B-20IPX 20IP 151 31/2 89
49-25IPX 25IP 173 115/16 49
49-A-25IPX 25IP 73 23/4 70
49-B-25IPX 25IP 173 31/2 89
49-27I1PX 271P 195 115/16 49
49-A-27IPX 27IP .195 23/4 70
49-B-27IPX 271P 195 31/2 89
49-30IPX 30IP .216 115/16 49
49-A-30IPX 30IP 216 23/4 70
49-B-30IPX 30IP .216 31/2 89
49-40I1PX 40IP .260 115/16 49
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1/4” Hex Power Drive —Tamper Resistant

Part Driver Overall Length
Number Size E In. :\m
49-10IPRX 10IPR 107 115/16 49
49-15IPRX 15IPR 128 115/16 49
49-20IPRX 20IPR 151 115/16 49
49-25|PRX 25IPR 173 115/16 49
49-27I1PRX 27IPR 195 115/16 49
49-30IPRX 30IPR .216 115/16 49
49-40IPRX 40IPR .260 115/16 49

**Tamper resistant Torx Plus® bits are available on a restricted distribution basis.

Contact your local Apex representative for details.

Pozidrive Bits ¥

1/4” Hex Insert Bits

Part Point Overall Length
Number Size In. mm
440-1-PZDX 1 1 25
440-2-PZDX 2 1 25
440-215-PZDX 2 11/2 38
440-22-PZDX 2 2 51
440-3-PZDX 3 1 25
440-4-PZDX 4 11/4 32

Pozidriv® is a registered trademark of the Phillips Screw Company.

1/4” Hex Insert Bits — Limited Clearance

Part Point Overall Length Turned Length (A) Turned oD (B)
Number Size In. mm In. mm

446-1-PZDX 1 1 25.4 7/16 11 0.18 4.6
446-2-PZDX 2 1 25.4 7/16 11 0.18 4.6

5/16” Hex Insert Bits

Part Point Overall Length

Number Size In. mm
480-1-PZDX 1 11/4 32
480-2-PZDX 2 11/4 32
480-3-PZDX 11/4 32
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1/4” Hex Power Drive

Part Point Overall Length Body Diameter Turned Length
Number Size In. mm In. mm In. mm
491-PZDX 1 115/16 49 3/16 48 11/4 32
491-A-PZDX 1 23/4 70 3/16 4.8 2 51
491-B-PZDX 1 31/2 89 3/16 48 23/4 70
491-C-PZDX 1 6 152 3/16 4.8 2 51
492-PZDX 2 115/16 49 1/4 6.4 11/4 32
492-A-PZDX 2 23/4 70 1/4 6.4 2 51
492-B-PZDX 2 312 89 1/4 6.4 23/4 70
492-C-PZDX 2 6 152 1/4 6.4 2 51
493-PZDX 3 115/16 49 516 7.9 1 25
493-A-PZDX 3 23/4 70 516 7.9 13/4 44
493-B-PZDX 3 312 89 516 79 21/4 57
493-C-PZDX 3 6 152 5/16 7.9 5 127
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1/4”-24 Screw Shank Drive

Part Point Overall Length Body Diameter
Number Size In. mm In. mm
401-PZDX 1 11/2 38 3/16 4.8
402-PZDX 2 11/2 38 1/4 6.4
403-PZDX 3 1172 38 5/16 7.9

8-32 Screw Shank Drive

Part Point Overall Length Body Diameter
Number Size In. mm In. mm
591-PZDX 1 13/16 30 7/32 5.6
592-PZDX 2 13/16 30 7/32 5.6
10-32 Screw Shank Drive
Part Point Overall Length Body Diameter
Number Size In. mm In. mm
502-PZDX 2 11/2 38 1/4 6.4

SD-1342-2-PZD 2 13/4 45 1/4 6.4




