12/5/2016 Catalog No. 57CG Product Detail

Xcelite

5 11/16" Standard Needle Nose Pliers with Red Cushion Grip Handles
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Catalog No.
UPC Code

Description

Jaw Type Serrated
Jaw Length 123/32in.
Head Width 15/32in.
Head Thickness 1/4in.
Tip Dimensions 1/16in.
Packaging Industrial Box/Carton

Tech. Spec. 57CG_Specifications.pdf
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Package Details (Dimensions)
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Product Features:

« Standard pliers

« For firm gripping and looping of wire

« Fine serrated jaw and coil spring

« Forged alloy steel construction

« Precision machining and scientific proportioning

« Red plastic-coated cushion grip provides maximum leverage
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