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«Common Mode Rejection :
: UTP:24 AWG or lower solid copper

10Hz to B0KHz *3 dB

: 600:600 ohms (Audio) , unbalanced to balanced
: two RCA to one RJ45

: 1.0 volts

: < 1dB

Greater than 40 dB

UTP : Impedance: 100 ohms at 1MHz
Max. Capacitance: 20 pf/ft
Attenuation: 6.6 dB/1000 ft at 1 MHz

: 2500feet (Cat.B)
: Operating: 0° to %" C

Storage: -20° to 85" C
Humidity: up to 95%
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PCB SET (TRANSFORMER 1:1) x 2
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RCA AUDIO BALUN
DOUBLE RCA CABLE ASS'Y to RJ4H Jack
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