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: Video DC TO 8MHz

Audio 20Hz to B0KHz

: < 2dB over the frequency range from DC to 8 MHz

: >15dB over the freguency range from DC to 8 MHz

: 240dB at 8 Mz

: RCA side 75 ohms(Video), 600 ohms (Audio)

: 24 ANG or |lower solid copper twisted pair wire
Impedance: 100 ohms at 1MHz
Max. Capacitance: 20 pf/ft
Attenuation: 6.6 dB/1000ft at MHz

«Transmission Distatance : 2200 feet (Cat.h UTP)
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1 Set |[PCB SET (TRANSFORMER 1:1) x 3

3

| Set |PCB TYPE SHIELDED JACK, GOLD 50u"

2 |1 Set |PLASTIC SET(TOP, BOTTOM, SIDE COVER)|ABS UL94V-0
113 PCS |CABLE OD. @2.8 1354 20AWG
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