Iltem code

CCFA 0.3

Brief description:

16A CC contacts, silver plated, 0,14mmgq - 0,37mmg, AWG 26 - 22

Product description Approvals / Standards
Model fgmale contactsc SS Quality mark s ® EAC
Version rimp contacts CLASS series
! P Conformity cac, CE
Series 16A CC contacts L .
Eamil ] act General ordering information
N?mf' y | ir'm:’ contacts EAN code 8015747170970
ot poles pole Tariff number 85369095
Technical data . .
c 16A Packaging Information
t
urren Packaging length 112,00 mm
Wire section 0,14 mm?2 - 0,37 mm? . )
AWG si 26-22 Packaging height 95,00 mm
o s.lze ) Packaging width 117,00 mm
perating temperature range o o . .
(min, max) -40°C ... +125°C Packaging weight 1,20 kg
Contact type silver plated Packaging volume 1,24 dm?
Other technical details Packaging description Carton box
Weight 150 g Packaging quantity 800 Pcs
Packaging EAN code 8015747171045
Sub-packaging length 50,00 mm
Sub-packaging height 44,00 mm
Sub-packaging width 50,00 mm
Sub-packaging weight 0,15 kg
Sub-packaging volume 0,11 dm3

Sub-packaging description  Plastic box
Sub-packaging quantity 100 Pcs
Sub-packaging EAN barcode 8015747171052
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