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Installation & Operating Instructions
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ASSEMBLY AND INSTALLATION

» This product is only suitable for indoor use

lighting circuit
¢ |P65 rated - zone 1 & 2 suitable

» This product is suitable for direct insulation cover (layover and blanket)
¢ This product must be disconnected before insulation resistance testing of the
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(4) STANDARD WIRING

Brown - (L), Blue - (N], Green/Yellow - @
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LUCECO

Installation & Operating Instructions

Twist on bezel

ONLY TO BE USED WITH LAYOVER OR BLANKET INSULATION

Push up spring legs
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LUC@C Installation & Operating Instructions

PRODUCT DIMENSIONS
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DOWNLIGHTS
LUMINAIRE EFFICACY COLOUR BEAM POWER SUGGESTED
LT VOLTAGE / Hz L LUMENS Llm/W TEMP. ANGLE FACTOR CUTOUT s
EFT60W30-02 25200_;)20432/ 6W 600lm 100LIm/W 3000K 60° 0.9 75mm 90mm
EFT60W40-02 25200_;)20432/ bW 600lm 100Llm/W 4000K 60° 0.9 75mm 90mm
EFT80W30-02 25200_;)20432/ 8W 760lm 95LIm/W 3000K 60° 0.9 75mm 90mm
EFT80W40-02 25200_;)20432/ 8W 760lm 95LIm/W 4000K 60° 0.9 75mm 90mm
BEVELLED BEZELS FLAT BEZELS
CAT NO. DESCRIPTION CAT NO. DESCRIPTION

EFTBZGW-01 Bevelled Profile EFTBZFGW-01 Flat Profile Bezel - Gloss White
Bezel - Gloss White

Bevelled Profile N . .
EFTBZMW-01 Bezel - Matt White EFTBZFMW-01 Flat Profile Bezel - Matt White

EFTBZPC-01 Bevelled Profile EFTBZFPC-01 Flat Profile Bezel - Polished Chrome
Bezel - Polished Chrome

EFTBZBS-01 Bevelled Profile EFTBZFBS-01 Flat Profile Bezel - Brushed Steel
Bezel - Brushed Steel

EFTBZBK-01 Bevelled Profile EFTBZFBK-01 Flat Profile Bezel - Black
Bezel - Black

EFTBZBN-01 Bevelled Profile EFTBZFBN-01 Flat Profile Bezel - Black Nickle
Bezel - Black Nickle

*Supplied with fitting
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