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XLR Cable Connector

Assembly Instructions

NC*FRX & NC*MRX

(A Slide the bootonto the cable.
Preparecable as shown.

© Insert wires into the terminals and solder
them.

@ Slideinsert into the housing untilitsnaps in.
Align insert with housing.

() Position the cable.

(F) Slidethe chuck into the housing.
Pay attention to position chuck as shown.

@ Positionthe cover.

Before place the cover choose the orientation of
cable outlet by turning housing.

@ Finish the installation by turning the bushing
onto the connector.

Disassembly of the insert

(I Remove cover and chuck.

(J) Push latch and turn housing approx. a half
turnuntilhousing can be separated.

@ Lift the locking clip by help of a screw driver.
(L Remove insert.
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